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Server Technology Sentry : Commander PT45 Technical Specifications

Model Number and Description

Model#

PT45-H808-1-07*
PT45-H808-2-07*

PT45-H016-1-07*
PT45-H016-2-07*

*Option C
IPM3-R-3
IPM5-R-2
PM20-0-1
PM20-0-2
PM48-0-1

CAB-1413
CAB-1414
KIT-0002

EMCU-1-1
EMTH-1-1

Voltage Description

100-120VAC, 50-60Hz (8) IPM Ports for Remote Power & (8) Pass-T hru Console Ports (RJ12)

208-240VAC, 50-60Hz (8) IPM Ports for Remote Power & (8) Pass-T hru Console Ports (RJ12)

100-120VAC, 50-60Hz (16) IPM Ports for Remote Power

208-240VAC, 50-60Hz (16) IPM Ports for Remote Power

Each PT45 can have a Global Secure Modem 56Kbps added.
10-Amp, 100-120 VAC, 50/60Hz Power Module, In-Line w/Retainer Clip, Always-on, w/6' RJ Signal Cable, UL & CSA Approved
6-Amp, 208-240 VAC, 50/60Hz Power Module, In-Line w/Retainer Clip, Always-on, w/6' RJ Signal Cable, UL & CSA Approved
16-Amp, 100-120 VAC, 50/60Hz Power Module, In-Line w/Retainer Clip, Always-on, w/6' RJ Signal Cable, UL & CSA Approved
16-Amp, 208-240 VAC, 50/60Hz Power Module, In-Line w/Retainer Clip, Always-on, w/6' RJ Signal Cable, UL & CSA Approved
20-Amp, -48 VDC Power Module, In-Line w/Retainer Clip, Always-on, w/6' RJ Signal Cable, UL & CSA Approved

RJ12-to-RJ45 Sentry to Cisco/Sun data cable
RJ12-to-RJ45 Sentry to Cabletron data cable

DB25 M adapter and RJ12-to-RJ12 Straight-thru modular data cable

Environmental Monitoring Control Unit with (1) Temp & Humidity Probe - 10'
Temperature & Humidity Probe - 10'

Technical Specifications

Standard Adapter Kit Pass-Thru Console Ports
> (1) RJ12-to-DB9 Female > (1) RJ12-to-DB9 Male > 6-pin RJ12
> (1) RJ12-to-DB25 Female > (1) RJ12-to-DB25 Male 1=Signal Ground 2 = Device Ready-In/DSR
> (4) RJ12-to-RJ12 (6P6C) Crossover/Rolled Data Cables (7') 3 = Data-In/RD 4 =Data-Out/TD
oMM UnicationsIAccess 5 = Device Ready-Out 6 = Signal Ground
> RS-232 direct serial connection/External modem User Interface
> Internal Modem 56 Kbps > Command Line Interface and HTML GUI for power
> 10/100 BaseT Ethernet TCP/IP management and configuration
> Half-duplex/Full-duplex > Telnet/ANSI/VT 100 Terminal Emulation for command-line and
Communications Interface Pass-Thru
> Speeds: 1200, 2400, 4800, 9600, 19200, 38400, 57600 Conformance & Agency Approvals
> Pass-Thru Console Ports must be set at the same speed > US & Canada (cTUV us mark) to UL 60950-1:2003 and CAN/CSA 22.2
as the Sentry No. 60950-1-03
Access Security > European Union (TUVGS mark) to EN 60950-1:2001
> SSH2, SSLv3/TLSv1, MD5, Active Directory w/LDAPV3 & LDAPS >FCCClass A, Part 15
> 16-character username/password authentication >CE
> Individual accounts with restricted access rights > EMC-EN 55022 Class A, EN 55024
Dimensions

>1.75"H(1U)x17.2"Wx 8" D
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